NavePoint).

an INFINIT®E brand

Category

Series

Basic
Series

Consumer
Series

STANDARD 19” NETWORK CABINETS
WITH REVERSIBLE TEMPERED GLASS DOOR

Swing Gate
Series

Performance
Series

COMPARISON CHART

Professional
Series

Available Rack

ol 6U, 9U 6U, 9U, 12U, 15U, 18U 6U, 9U, 12U 6U, 9U, 12U, 15U, 18U, 22U | 6U, 9U, 12U, 15U, 18U
Capacities (U)

Available Depths 1 1 4 2 2

Avallable Width 10/482.6 10/482.6 10/482.6 10/482.6 10/482.6

(inch/mm)

Weight Capacity 110/50 110/50 150/68, 200/90 130/59 132/60

(Ibs/kg)

Material Cold Rolled Steel (1.2mm) Cold Rolled Steel (1.2mm) Cold Rolled Steel (1.2mm) Cold Rolled Steel (1.2mm) Cold Rolled Steel (1.2mm)

Welded Frame Structure

Welded Frame Structure

Welded Frame Structure

Welded Frame Structure

Welded Frame Structure

Painting / Coating

Electro-static
Powder Coating

Electro-static
Powder Coating

Electro-static
Powder Coating

Electro-static
Powder Coating

Electro-static
Powder Coating

Interior Rails Mounting/Rack
Hole Type

Square Unthreaded
Cage Nut Opening

Square Unthreaded
Cage Nut Opening

Square Unthreaded
Cage Nut Opening

Square Unthreaded
Cage Nut Opening

Square Unthreaded
Cage Nut Opening

Casters

None Included

None Included

None Included

Casters Included with 15U,
18U and 22U (adds 3" to the
height)

None Included

Cable Management

Cable Punch-outs on
Top & Bottom Panel

Cable Punch-outs on
Top & Bottom Panel

Removable Top &
Bottom Panel

Removable Top &
Bottom Panel

Cable Punch-outs on
Top & Bottom Panel

Locks and keys included for

Locks and keys included for

Locks and keys included for

Locks and keys included for

Locks and keys included for

Security door & Side Panels door & Side Panels CD;;?; Side Panels & Swing door & Side Panels door & Side Panels
Coolin 2 Fans included 1 Fans included 2 Fans included 2 Fans included 2 Fans included
9 - Placed on Top - Placed on Top - Placed on Top - Placed on Top - Placed on Top
. . . Includes 1 Set of Includes 1 Set of Includes 1 Set of
Shelving Available for purchase Available for purchase "L" Brackets "L" Brackets "L" Brackets
Wall-Mount - Swing Gate Wall-Mount - Mounting Bar Wall-Mount - Mounting Bar
Mounting Wall-Mount/Free-Standing Wall-Mount/Free-Standing (Hinge-Back) Included for Included/Wall-Mount/ Included/Wall-Mount/
Back Panel Rear Access Free-Standing Free-Standing
Assembly Pre-Assembled Assembly Required Pre-Assembled Assembly Required Assembly Required
Hardware Included Included Included Included Included

Compliances

EIA/ECA-310-E, RoHS, CE,
PCI, HIPAA. NEMA Rated Type
1, 1P20

Protection Grade

EIA/ECA-310-E, RoHS, CE,
IP20 Protection Grade

EIA/JECA-310-E, RoHS, CE,

PCI, HIPAA. NEMA Rated Type

1, IP20
Protection Grade

In-stock and Available with FREE Same-day Shipping

EIA/ECA-310-E, RoHS, CE,

PCI, HIPAA. NEMA Rated Type

1, IP20
Protection Grade

EIA/JECA-310-E, RoHS, CE,
PCI, HIPAA. NEMA Rated Type
1, IP20

Protection Grade

www.navepoint.com | (866)404-4846 | sales@navepoint.com | customerservice@navepoint.com



http://www.navepoint.com
mailto:Sales%40NavePoint.com?subject=
mailto:CustomerService%40NavePoint.com?subject=

