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Adam Tech Part Number Description Center Pin Diameter Outer Diameter Mounting Type 

ADC-021-3-T/R JACK 0.039" [1.00mm]  0.154" [3.90mm] Surface Mount, Right Angle 

ADC-021-4-T/R JACK 0.051" [1.30mm]  0.154" [3.90mm] Surface Mount, Right Angle 

ADC-028-1-T/R-PA10T JACK 0.079" [2.00mm]  0.252" [6.40mm] Surface Mount, Right Angle 

ADC-029S-4-HT-T/R JACK 0.051" [1.30mm]  0.150" [3.80mm] Through Hole, Right Angle 

ADC-033-10 JACK 0.118" [3.00mm] 0.287" [7.30mm] Through Hole, Right Angle 

ADC-033-2 JACK 0.098" [2.50mm] 0.287" [7.30mm] Through Hole, Right Angle 

ADC-037-3-T/R JACK 0.039" [1.00mm]  0.146" [3.70mm] Surface Mount, Right Angle 

ADC-037-4-T/R JACK 0.051" [1.30mm]  0.146" [3.70mm] Surface Mount, Right Angle 

ADC-039-6 JACK 0.057" [1.45mm]  0.154" [3.90mm] Through Hole, Right Angle 

ADC-055B-9 JACK 0.065" [1.65mm] 0.173" [4.40mm] Through Hole, Right Angle 

ADC-070A-2-G-SMT-PPT-T/R JACK 0.098" [2.50mm] 0.252" [6.40mm] Through Hole, Right Angle 

ADC-096-2-T/R JACK 0.098" [2.50mm] 0.209" [5.30mm] Through Hole, Right Angle 

ADC-098-8 JACK 0.026" [0.65mm] 0.102" [2.60mm] Surface Mount, Right Angle 

ADC-102-2-T/R JACK 0.098" [2.50mm] 0.228" [5.80mm] Board Cutout, Through Hole, Right Angle 

ADC-114B-4-WP-HT-T/R JACK - Waterproof IP67 0.051" [1.30mm] 0.150" [3.80mm] Through Hole, Right Angle 

ADC-119-4-WP JACK - Water Resistant 0.051" [1.30mm] 0.142" [3.60mm] Free Hanging (In-Line) 

ADC-H-010-1 JACK - High Current 0.079" [2.00mm]  0.252" [6.40mm] Through Hole 

ADC-H-010-10 JACK - High Current 0.118" [3.00mm] 0.252" [6.40mm] Through Hole 

ADP-.039/.150/.374-SR 
PLUG w/ strain relief  
.374” mating length 

0.039" [1.00mm] 0.150" [3.80mm] Free Hanging (In-Line) 

ADP-.051/.138/.374-SR 
PLUG w/ strain relief  
.374” mating length 

0.051" [1.30mm] 0.138" [3.50mm] Free Hanging (In-Line) 

ADP-.067/.187/.374-SR 
PLUG w/ strain relief  
.374” mating length 

0.067" [1.70mm] 0.187" [4.75mm] Free Hanging (In-Line) 

ADP-.083/.217/.433-HDW-SR 
PLUG w/ strain relief  
.433” mating length 

0.083" [2.10mm]  0.217" [5.50mm] Free Hanging (In-Line) 

ADP-.098/.217/.689-M 
PLUG  
.689” mating length 

0.098" [2.50mm] 0.217" [5.50mm] Free Hanging (In-Line) 

ADP-1.3/3.5/9.5-SR 
PLUG w/ strain relief 
9.5mm mating length 

0.051" [1.30mm] 0.138" [3.50mm] Free Hanging (In-Line) 

 


